
CABINET & ANCHOR DIMENSIONAL DATA (VERTICAL AIRFLOW)

LIEBERT CRV CONDENSER

REV :   01
REV DATE : 2022/08/29

60(132)

DRY WEIGHT
kg (lb) net

CCD100S

60 HZ
MODEL #
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Electrical & Piping End

Air Intake

Air Discharge

53mm
[2 1/16"]

53mm
[2 1/16'']

DETAIL A

Unit Anchor Plan

865mm
[34"]

450mm
[17 11/16"]

16mm
[5/8"]

16mm
[5/8"]

107mm
[4 3/16"]

107mm
[4 3/16"]

21mm
[13/16"]

21mm
[13/16"]

12mm×20mm
[1/2"×13/16"]
OBROUND (Typ.)

15.88mm[5/8"]
inlet Connection
(upper header)

12.7mm [1/2"]
Outlet Connection
(lower header)

336mm
[13 3/16"]

372mm
[14 11/16"]

261mm
[10 1/4"]

167mm
[6 9/16"]

745mm
[29 5/16'']

915mm
[36'']

Shaded area indicates a recommended
minimum clearance of  915mm(36")
be provided for proper airflow

915mm
[36 "]

915mm
[36"]

Shaded area indicates a
minimum clearance of 915mm(36" )
 for proper airflow

Top View

1355mm
[53 5/16"]

57mm
[2 1/4"]

1143mm
[45'']

592mm
[23 5/16'']

A

698mm
[27 1/2"]

1249mm
[49 3/16"]

742mm
[29 13/16"]

1293mm
[50 7/8"]

10mm [3/8"]
Anchor Bolts (Typ.)

110(242)

kg (lb) net

Document number: 01304588-SD

NOTE:
1.Low Ambient Kit required for outdoor temperature down to -29.2℉ (-34℃);
2.Low Ambient Kit  can only be used on Vertical Airflow Condensers.With StandsWith Stands

SHIPPING WEIGHT

AutoCAD SHX Text
 12mm×20mm 

AutoCAD SHX Text
 15.88mm[5/8"] 

AutoCAD SHX Text
 12.7mm [1/2"] 

AutoCAD SHX Text
 10mm [3/8"] 



CABINET & ANCHOR DIMENSIONAL DATA  (HORIZONTAL AIRFLOW)

LIEBERT CRV CONDENSER
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Electrical & Piping End

167mm
[6 9/16"]

261mm
[10 1/4"]

745mm
[29 5/16'']

12.7mm [1/2"]
Outlet Connection
(lower header)

15.88mm[5/8"]
inlet Connection
(upper header)

336mm
[13 3/16"]

372mm
[14 11/16"]

Air Dischage

450mm
[17 11/16"]

Air Intake

1355mm
[53 5/16"]

57mm
[2 1/4"]745mm

[29 5/16'']

Document number: 01304588-SD

Side View
NOTE:
 1.Low Ambient Kit  can  only be applied on Vertical Airflow Condensers.

1259mm
[49 9/16" ]

18mm
[11/16"]

113mm
  [4 1/2"]

Top View

186mm
   [7 5/16"]

(TYP.)

(TYP.)

10mm×16mm
[3/8"×5/8"]
OBROUND (TYP.)

8mm [5/16"]
Anchor Bolts (TYP.)

Shaded area indicates a recommended minimum
clearance of 915mm(36'') for proper airflow

Horizontal  Airflow unit

Horizontal  Airflow unit
Shaded area indicates minimum clearance of
500mm(19.7'') for proper airflow

Unit Anchor Plan

REV :   01
REV DATE : 2022/09/05

56(123)

DRY WEIGHT
kg (lb) net

CCD100S

60 HZ
MODEL #

110(242)

SHIPPING WEIGHT
kg (lb) net

Without Stands With Stands

AutoCAD SHX Text
 12.7mm [1/2"] 

AutoCAD SHX Text
 15.88mm[5/8"] 

AutoCAD SHX Text
 10mm×16mm 

AutoCAD SHX Text
 8mm [5/16"] 



ELECTRICAL FIELD CONNECTIONS
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Electrical & Piping End [ Panel removed for clarity ]

Outdoor Fan capacitor

Outdoor Fan breaker

A

DETAIL A

LIEBERT CRV CONDENSER

Voltage wires from
the CRD10 unit

B

Panel
Voltage wires
from the CRD10 unit

Document number: 01304588-SD

Customer connection location similar for
Vertical and Horizontal Airflow unit

DETAIL B

REV :   01
REV DATE : 2022/09/05



Low Ambient Kit  ( LAK) Dimensional Data
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LIEBERT CRV CONDENSER

Electrical & Piping End

LAK

A DETAIL A

740mm
[29 5/32" ]
783mm

[30 27/32" ]

440mm
[17 5/16" ]

15.88mm[5/8"]
inlet Connection
(hot gas pipeline)

12.7mm [1/2"]
Outlet Connection
(liquid pipeline)

247mm
[9 3/4" ]

Document number: 01304588-SD

NOTE:
 1.Low Ambient Kit  can  only be applied on Vertical Airflow Condensers.

REV :   01
REV DATE : 2022/09/05
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