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Power Module 1000/1200 Technical Specifications

REFERENCE DESIGN                                                                       Power Module 1000                                                           Power Module 1200

Enclosure External Dimensions

Enclosure Length (*with externally-mounted condensers) 42 ft standard (45 ft with Liebert® battery cabinets)

Overall Length 52 ft standard (55 ft with Liebert battery cabinets)

Enclosure Width 12 ft standard (13 ft high-seismic regions)

Enclosure Height 12 ft

Estimated Transportation Weight up to 95,000 lbs (43,000 kgs)

Input AC Parameters

Region North America

Voltage / Frequency 480-3ph / 60Hz

UPS

UPS Type Liebert EXL S1

UPS Rating                                       1000kVA                                                                                           1200kVA

UPS Active Power                                    1000kW@ p.f.1                                                                                  1200kW@ p.f.1

Battery

Battery Type VRLA

Maximum Number of Battery Cabinets 6

Battery Backup 5 min @ 1000kW, EOL

Cooling

Cooling Unit Model Liebert PDX029 

Number of Cooling Units 3

Cooling Unit Redundancy N+1

Exterior Ambient Operating Range  -35°C to +40°C

Fire Detection and Suppression

Fire Detection System Conventional

Fire Suppresion System    HFC-227A (FM-200)

Very Early Smoke Detection System    Optional, via aspirating detection system

Electrical Distribution

Main Switch Board Rating                                      2500A, 3W + GND                                                                      3000A, 3W + GND

Rated Operational Voltage (Ue) 480V/60Hz

Short-circuit Rating 65kA

Enclosure Type NEMA 1

Automatic Transfer Switch Dedicated ATS / Breaker Based (optional)

External Critical (UPS-Protected) Load
Distribution Points

Bulk Feed                                            1x1400A                                                                                                1x1600A

Semi - Bulk Feed                                             2x700A                                                                                                 2x800A

Distributed Feed 2x(2x400A + 3x250A)

Cooling & Non-Critical Load Distribution Points

Bulk Feed 1x1400A + 1x(2x400A + 2x250A)

Semi - Bulk Feed 2x700A + 1x(2x400A + 2x250A)

Distributed Feed 1x(2x400A + 3x250A) + 1x(2x400A + 2x250A)

Vertiv Power Module 1000/1200 interior
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