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UPPER VIEW
AGENCY COMPLIANCE:
[} - UL certification: UL 60950-1 (2nd), CSA £22.2 No. 60950-1-07
- FCC certification
- CE-mark: LVD, EMC, RoHS f(incl. harmonized standards hereunder)
- [B certification: IEC 60950-1 (2nd)
- BG certification:  BV-BG (factory inspected)
- WEEE COMPLIANT
- "-100" SUFFIX (PSE MODELS): INTERPRETATION OF DENAN TECHNICAL REQUIREMENTS MINISTERIAL ORDINANCE APPENDIX 12,
160950-1(H26), J55022(H2)) D
— ENVIRONMENTAL RATING:
0 OPERATING TEMPERATURE: 5 °C - 60 °C (41 °F - 140 °F) NON-CONDENSING, NON-CORROSIVE, 10 96 - 90 9 RH
o~ STORAGE TEMPERATURE: -20 °C - 85 °C (-4 °F - 185 °F)
g MAX. OPERATING ALTITUDE: 2000 m
& _—
NOTES:
1. UNIT DIMENSIONS: 440 mm (17.3") W x 250 mm (9.8") D x 44 mm (1.7} H
2. UNIT WEIGHT: 53 kg / 11.7 lbs
3. SHIPPING DIMENSIONS: 543 mm (214") W x 410 mm (16.1) D x 165 mm (65" H
4. SHIPPING WEIGHT: 5.9 kg / 13 Lbs
5. (2) MOUNTING BRACKETS SUPPLIED WITH EACH UNIT. BOTH SIDES CAN BE USED TO MOUNT THE PDU.
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