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FRONT VIEW

NOTES:
1. UNIT DIMENSIONS (WxDxH):  430mm x 631mm x 217mm (5U)

      (16.9") x (24.9") x (8.5")
2. UNIT WEIGHT: 68kg (149.9lbs)
3. SHIPPING DIMENSIONS (WxDxH):  646mm x 816mm x 520mm

    (25.4") x (32.1") x (20.5")
4. SHIPPING WEIGHT: 92kg (202.8lbs)
5. MINIMUM AIRFLOW CLEARANCE IS 100mm (4.0") FRONT
    AND REAR.
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FOR DETAIL
SEE DRAWING
GXT5-DISPLAY

REAR VIEW

SIDE VIEW

OUTPUT CIRCUIT BREAKER FOR L6-30R

OUTPUT RECEPTACLE AND CABLE L6-20R
OUTPUT RECEPTACLE AND CABLE L6-20R

OUTPUT RECEPTACLE AND CABLE L6-30R

OUTPUT CIRCUIT BREAKER FOR L6-20R (NOTE 10)

OUTPUT CIRCUIT BREAKER FOR L6-20R (NOTE 9)

13

14

12

8

9

10

11

RS-232 PORT

INPUT CIRCUIT BREAKER FOR L6-30P15

MAINTENANCE BYPASS BREAKER
EXTERNAL BATTERY CONNECTOR

REPO CONNECTOR

TERMINAL BLOCK COMMUNICATION
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INPUT PLUG AND CABLE L6-30P16


