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é NOTES:
1. UNIT DIMENSIONS: 17.2" x 3.4" x 24.8" (438mm) x (86mm") x (631mm)
UNIT WEIGHT: 53.6lbs (24.3kg)
SHIPPING DIMENSIONS: 22.4" x 10.2" x 30.8" (570mm) x (258mm) x (782mm)
SHIPPING WEIGHT: 67.9lbs (30.8kg)
MINIMUM AIRFLOW CLEARANCE IS 4.0" (100.0mm) - FRONT/REAR
FIXED RAIL KIT: INCLUDED
ALL SITE WIRING IS TO BE IN COMPLIANCE WITH
NATIONAL AND LOCAL ELECTRIC CODES.
UNIT INPUT:100~125 VAC, 60/50HZ, 24A
UNIT OUTPUT:100/110/115/120/125VAC, 60/50HZ,
3000VA/2700W,24A, @125VAC INPUT OR
2880VA/2700W,24A, @120VAC INPUT OR
2760VA/2700W,24A, @115VAC INPUT OR
2550VA/2295W,23.2A,@110VAC INPUT OR
2400VA/2295W,24A, @100VAC INPUT
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