
Schnelle Lösungen
für Ihre Infrastruktur

Willkommen im neuen modernen, flexiblen Logistikkonzept von Vertiv

KÜRZERE LIEFERZEITEN
• durch höhere Lagermengen
• durch Nutzung moderner Logistik-Software ‘Cyberplan’
• durch einen optimisierten ‘Order Entry Prozess’

ZUGESICHERTE LIEFERTERMINE
• durch optimierte Produktions- und Fertigungsprozesse
• durch Einsatz einer Koordinations- und  

Eskalations-Gruppe

Eine Auswahl kurzfristig verfügbarer Produkte finden Sie in unserem Vertiv™ Priority Programm. 
Dieses beinhaltet Knürr 19” Rack Systeme, zugehöriges Installationsmaterial, Steckdosenleisten und PDUs..

Nutzen Sie die Konfigurationsmatrix und erstellen ein individuelles Server- oder Netzwerkrack aus der 
MIRACEL2 und DCM Produktlinie, welches als ‘priority product’ mit kurzer Lieferzeit bestellt werden kann.

Konfigurieren Sie Ihr individuelles Rack aus mehr als 1.000 Optionen.

STANDARD IM STANDARD
Top Seller: Lieferzeit 10 Tage

•	Kombination aus  
Standardprodukten

STANDARD
Top Seller: Lieferzeit 5 Tage

•	Knürr DCM:  
verfügbares Material für >3000 
Konfigurationsoptionen

•	Rack Zubehör: 51 unterschiedliche 
Artikel lagernd
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Kurze Lieferzeiten
Ihrer konfigurierten Racks

Sofort verfügbar Sofort verfügbar
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Remarks: 
* this options might not be possible with each Rack width, depth and 19" mounting position.
** use "X" if select no cladding parts. 

2 3 4 65 7 8 9 10 11 1513 1412

Dimensions
Doors

19" Extrusions
Colour

Option  
Matrix

Rack 
Height

Rack 
Width

Rack 
Depth

Front
Door 

Rear
Door 

19" Vertical 
Extrusion

Front

19" Vertical 
Extrusion

Rear
Top Cover Plinth Side Panel Packaging

19" vertical 
extrusion, 
mounting 

position front 
and space 
between

Free Colour

N=   P
Vertiv™ 
Knürr™ 
MIR2 
Rack

B=  P  
42 U

6=  
600 
mm

C=  
800 
mm

A=      P  
Glass single 
door right

A=       P  
Glass single 
door right

 A=        P  
19" vertical 
server 
extrusion with 
air partition 
and 3x1 U 
cut-outs*

H=        
19" vertical 
extrusion with 
mounting 
holes

B=             P  
Top Cover, 
with cut out 
for fan units, 
with cable inlet 
rear

A=        
Plinth, 
stationary 
100mm, all 
sides closed

 B=        P
Both sides

X =   P
Standard 
packaging

A=         P

80/740mm*

X       
P

1= P  
RAL 
7035 

D= P   
47 U

8=  P
800 
mm

D=  
900 
mm

B=      P  
Sheet steel 
single door 
right

B=      P  
Sheet steel 
single door 
right

B=  
19" vertical 
server 
extrusion with 
air partition

S=         P  
19" vertical 
server 
extrusion

C=             P  
Top cover with 
cable inlet rear

B=  
Plinth, 
stationary 
200mm, all 
sides closed

C=  
Partitioning 
wall fixed 
right

C=         
115/740mm*

8= P   
RAL 
7021

E=   
P   

1000 
mm

C=      P  
Perforated 
single door

C=      P
Perforated 
single door

C=          
19" vertical 
server 
extrusion with 
cable 
management*

T=             
19" Vertical 
Extrusion 
with T-Slot

E=              P  
Top cover 
short with 
lateral cable 
inlet closed

F=            P  
Without 
plinth. 
Adjustable 
feed only

D=  
Partitioning 
wall fixed 
left

D=         P

123/740mm*

X= P  
blank

**

F=  
1100 
mm

D=  
180° perfo-
rated single 
door right

D=  
180° 
perforated 
single door 
right

H=         
19" vertical 
extrusion with 
mounting 
holes

X=         P  
Without 19" 
extrusions

G=  
Top cover 
short

G=         P  
Plinth, 
stationary 
100mm, with 
vent slots

L=       P  
Left

E=         
200/740mm*

G=  
P  

1200 
mm

E=       
Glass double 
door

E=       
Glass 
double door

S=       P  
19" vertical 
server 
extrusion

S=  
Top cover 
without cut out 
for fan units, 
with cable inlet 
rear, with 
spacer

H=  
Plinth, 
stationary 
200mm, with 
vent slots

R=       P  
Right

F=         
215/740mm*

F=      P  
Sheet steel 
double door

F=      P  
Sheet steel 
double door

T=          
19" Vertical 
Extrusion with 
T-Slot

X=           P  
Without top 
cover

R=         P  
Mobile 
casters

X=         P  
Without side 
panels

G=        P

150/740mm*

G=       P  
Sheet steel 
per forated 
double door

G=     P  
Sheet steel 
per forated 
double door

X=           P  
Without 19" 
extrusions

Q=        
80/565mm*

H=  
180° 
perforated 
double door

H=  
180° 
perforated 
double door

T=         
123/565mm*

M=  
180° sheet 
steel single 
door right

M=  
180° sheet 
steel single 
door right

U=         
150/565mm*

N=  
180° sheet 
steel double 
door

N=  
180° sheet 
steel double 
door

V=         
200/565mm*

P=  
180° glass 
single door 
right

P=  
180° glass 
single door 
right

Q=  
180°glass 
double door

Q=  
180°glass 
double door

X=       P  
Without 
door

R=  
rear panel

X=        P  
Without door

Cover parts

SELECT YOUR OPTIONS

      = assemble to order (shipped within 5 working days). 
   Caution: In case of larger orders, delivery times  
   may increase.

P
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Image Description Dimensions
W 600 mm

D 800 mm D 1000 mm D 1100 mm D 1200 mm

ITC20006

Bottom plate closed, used with  
castor bracket

01.157.042.0-001 01.147.834.0 01.147.835.0 01.147.840.0

ITC20007

Bottom plate for cable entry with  
foam rubber seal 01.157.041.0-001 01.147.846.0 01.147.847.0 01.147.852.0

ITC20008

Bottom plate, modular 01.157.040.0-001 01.157.040.0-003 01.157.040.0-004 01.157.040.0-005

ITC20009

Bottom plate for cable entry with  
brush strip

01.157.045.0-001 01.157.045.0-003 01.157.045.0-004 01.157.045.0-005

 
ITC20010

Perforated bottom plate d 155mm 01.157.025.0-001

Bottom cover extension Kit with  
cable entry d 300mm 01.157.026.0-001

Image Description Dimensions
W 800 mm

D 800 mm D 1000 mm D 1100 mm D 1200 mm

ITC20006

Bottom plate closed, used with  
castor bracket

01.157.042.0-003 01.147.838.0 01.147.839.0 01.147.844.0

ITC20007

Bottom plate for cable entry with  
foam rubber seal

01.157.041.0-003
01.147.850.0

       P 01.147.851.0
01.147.856.0

       P

ITC20008

Bottom plate, modular 01.1570.040.0-006 01.157.040.0-008 01.157.040.0-009 01.157.040.0-010

ITC20009

Bottom plate for cable entry with  
brush strip

01.157.045.0-006 01.157.045.0-008 01.157.045.0-009 01.157.045.0-010

 
ITC20011

Bottom plate for cable entry with 
brush strip

01.157.043.X.001 01.157.043.X.003 01.157.043.X.004 01.157.043.X.005

ITC20010

Perforated bottom plate d 155mm 01.157.025.0-003

Bottom cover extension Kit with  
cable entry d 300mm

01.157.026.0-003

Bottom Plates
- For covering the rack underneath.

-  With foam rubber seals and brush 
strips; cable entry at the front and rear.

- For racks with and without  
  castor mounting.

	y Material / Finish
• Steel sheet, 1.5 mm, galvanized.
•  For foam rubber seals (foam 

rubber, 50x30 mm).

	y Included in delivery
• Bottom plates.
• 2 x mounting brackets.
• Mounting kit.
	y Delivered

• In sets.

IDENTIFIKATION IN UNSERER 
‘DOCUMENTS AND TOOLS’ DATABASE

(Priority)
Alle unsere Produkte und Lösungen mit schneller 
Verfügbarkeit sind in der Konfigurationsmatrix sowie  
in den Produktbereichen unserer Broschüren und  
des Vertiv Knürr Rack Katalogs besonders gekennzeichnet.

5Tage

10Tage
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•	Knürr Miracel 2:  
verfügbares Material für >3000 
Konfigurationsoptionen

•	Rack PDUs: 7 Artikel lagernd


